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MARK PER TPD

2  MATERIALS:
SHELL: 6061—T6 ALUMINUM, ELECTROLESS NICKEL PLATED.

INSULATOR: DIALLYL PHTHALATE OR LIQUID CRYSTAL POLYMER (LCP)

HARDWARE: STAINLESS STEEL
POTTING COMPOUND PER TPD.

4 CRIMP PIGTAIL LEADS INTO PIN CONTACTS PER MEP302-05.

5 HARDWARE TO BE PACKED LOOSE, NOT INSTALLED.
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TE P/N MICRODOT P/N DESCRIPTION
1-15352244-5 | 095-050/-0505 MCDM1—P—9P /9S4 4—X
1-1532244—-4 | 095-050/7/-0506 MCDM1—P—15P /15541 4—X

1-1532244-5

095-050/-0507/

MCDM1—=P—=21P/21S4L4—X

1-1532244—-6

095-050/-0508

MCDM1—P—31P/31S4L4—X
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MCDM1—P—*P /*S4[ 4—X
BACK TO BACK CONNECTOR SAVER
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