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Connector
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— - 0-Ring Screw Nut
| Note:
i \ * @Important Dimension
¥ Waterproof Rate: IP6T.
p
\ ¥ Housing: Nylon+GF, Black
| ¥ Male Pin: Copper Alloy, Gold Plated.
| ¥ Screw Nut: NylontGF, Black
y
1 Pin Assignment | Recommended | ¥ O-Ring: EPDM, Black
Front View Panel Cut-Out ¥ For Panel Thickness Max 3.0mm.
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