
广东济德精密电子有限公司

NEW  VERSION/新版发行

NOTES:
1. Material/材质: PA66, UL94 V-0 ，Black/黑色；

3. Current Rating/额定电流: 5A AC,DC; 

4. Voltage Rating/额定电压: 250V AC,DC;

5. Contact Resistance/接触电阻: 10mΩ Max.; 

6. Insulation Resistance/绝缘阻抗: 1000MΩ Min.;

7. Withstanding Voltage/耐电压: 1000V AC/minute;

8. Temperature Range/工作温度: -25℃~+85℃;
9. Ordering Code/产品编码：961-XX12-074

Pin N0.:XX-4~24PIN

Part NO Circuits
DIM(mm)

Part NO Circuits
DIM(mm)

A B A B

961-0412-074 4 6.90 3.00 961-1612-074 16 24.90 21.00
961-0612-074 6 9.90 6.00 961-1812-074 18 27.90 24.00
961-0812-074 8 12.90 9.00 961-2012-074 20 30.90 27.00
961-1012-074 10 15.90 12.00 961-2212-074 22 33.90 30.00
961-1212-074 12 18.90 15.00 961-2412-074 24 36.90 33.00
961-1412-074 14 21.90 18.00


