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Parameter Performance
Model number OC80271-FNF
Frequency, (MHz) 806 — 824MHz
824 — 894MHz
880 — 960MHz

1710 - 1880MHz
1850 — 1990MHz

$25.7+0.5 @ 1920 - 2170MHz
2300 — 2400MHz
TO ACHIEVE OPTIMUM 2400 - 2500MHz
PERFORMANCE, MAST
HEIGHT SHOULD SIT 2500 — 2690MHz.
LOVER Ui e Peak Gain, (dBi) 1.0 dBi (806 — 960MHz)
3.0dBi (1710 -2690MHz)
ALUMINIUM TUBE Polarization Vertical, Omnidirectional Radiation Pattern
(196) VSWR <2.5:1 (806 —960MHz)
<2:1 (1710-2690MHz)
Power 20 Watts
TEXT MAST SHOWN FOR Mounting Upright position only
REFERENCE ONLY RF Connector N-Type (F)
Radome Color White
Antenna Weight 120g
! —BRACKET . . : :
HARDWARE KIT Wind Rating Operational 120 mph/ Survival 136 mph
25.4+0.3 LQJ\ CLAMP | S2303BPHK IP Rating IPS5
* Operation Temperature -30°cto 70°c
2X DRAIN o o
SLOT Storage Temperature -40°cto 85°¢C
A P P R 0 VE D MATERIAL: THIRD ANGLE PROJECTION
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