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Engmeer Drawmg Specifications:

Current Rating:17.0 A AC/DC
Voltage Rating:250V AC/DC A
Contact Resistance:20m ohm.Max.
Insulation Resistance:1000M ohm.Min.

DIM_A Withstanding Voltage:500V AC/ Minute

400 TYP. Operating Temperature Range:—40C To +105C
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3 Materials and Finish:
© © © Insulator:Plastic (PABT UL94V—-Q)
o ] Insulator Color:Black
; © o Contact:Copper Alloy B
© Metal Treatment: )
Bottom Nickel Plating 30u Min
= Surface Gold Plating
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