


料号 规格 系列 WV CAP LC DF ESR SIZE 纹波

SM477M6R3E0700 SM6.3V470 6.3X7 SM 6.3 470 592.2 6 20 6.3X7 2650

SM108M6R3F0800 SM6.3V1000 8X8 SM 6.3 1000 1000 6 14 8X8 4100

SM127M010E0500 SM10V120 6.3X5 SM 10 120 500 6 28 6.3X5 2650
SM227M010E0700 SM10V220 6.3X7 SM 10 220 500 6 20 6.3X7 2650

SM477M010E0700 SM10V470 6.3X7 SM 10 470 940 6 20 6.3X7 2650

SM187M016E0500 SM16V180 6.3X5 SM 16 180 576 8 28 6.3X5 2650

SM227M016E0700 SM16V220 6.3X7 SM 16 220 704 8 21 6.3X7 2650

SM277M016E0700 SM16V270 6.3X7 SM 16 270 864 8 21 6.3X7 2650
SM477M016E0800 SM16V470 6.3X8 SM 16 470 1000 8 16 6.3X8 2650

SM476M025E0500 SM25V47 6.3X5 SM 25 47 300 10 30 6.3X5 2650

SM107M025E0500 SM25V100 6.3X5 SM 25 100 500 10 30 6.3X5 2650

SM107M025E0700 SM25V100 6.3X7 SM 25 100 500 10 28 6.3X7 2650

SM227M025E0600 SM25V220 6.3X6 SM 25 220 1000 10 28 6.3X6 2650
SM227M025F0800 SM25V220 8X8 SM 25 220 1000 10 25 8X8 4100

SM337M025E0800 SM25V330 6.3X8 SM 25 330 1000 10 25 6.3X8 2650

SM337M025G1250 SM25V330 10X12.5 SM 25 330 1000 10 16 10X12.5 4900

SM337M025F0800 SM25V330 8X8 SM 25 330 1000 10 25 8X8 4100

SM477M025F0800 SM25V470 8X8 SM 25 470 1000 10 25 8X8 4100
SM337M030G1150 SM30V330 10X11.5 SM 30 330 1000 10 18 10X11.5 4900

SM476M035E0500 SM35V47 6.3X5 SM 35 47 329 10 35 6.3X5 2650

SM686M035F0800 SM35V68 8X8 SM 35 68 476 10 30 8X8 4100

SM826M035E0500 SM35V82 6.3X5 SM 35 82 300 10 35 6.3X5 2650

SM107M035E0700 SM35V100 6.3X7 SM 35 100 700 10 25 6.3X7 2650
SM227M035E0900 SM35V220 6.3X9 SM 35 220 1000 10 25 6.3X9 2650

SM277M035F0800 SM35V270 8X8 SM 35 270 1000 10 25 8X8 4100

SM337M035G1150 SM35V330 10X11.5 SM 35 330 1000 10 18 10X11.5 4900

SM477M035G1150 SM35V470 10X11.5 SM 35 470 1000 10 18 10X11.5 4900

SM687M035G1250 SM35V680 10X12.5 SM 35 680 1000 10 18 10X12.5 4900
SM226M050E0500 SM50V22 6.3X5 SM 50 22 300 10 40 6.3X5 2650

SM476M050E0800 SM50V47 6.3X8 SM 50 47 470 10 30 6.3X8 2650

SM106M063E0500 SM63V10 6.3X5 SM 63 10 300 10 40 6.3X5 2650

SM226M063E0800 SM63V22 6.3X8 SM 63 22 300 10 35 6.3X8 2650

SM686M063F0800 SM63V68 8X8 SM 63 68 856.8 10 30 8X8 4100
SM336M080G1150 SM80V33 10X11.5 SM 80 33 528 10 25 10X11.5 4900


