
4 

MIL-DTL-38999
SERIES I 

MILITARY PREFIX MS27 466 A 25 A 16 P W 

CORSAIR PREFIX CJ08 66 A 25 A  16 P W 

CONNECTOR CONFIGURATION 
27466 (66)   RECEPTACLE, WALL MOUNT 
27467 (67)  PLUG, STANDARD 
27468 (68)  RECEPTACLE, JAM NUT MOUNT 
27496 (96)   RECEPTACLE, BOX MOUNT 
27505 (05)   RECEPTACLE, BACK PANEL BOX MTG 
27656 (56)  RECEPTACLE, BACK PANEL WALL MOUNT 

CLASS 
E ENVIRONMENTAL RESISTING-BOX AND THRU-BULKHEAD 

MOUNTING RECEPTACLE TYPES 

T ENVIRONMENTAL RESISTING-BOX AND JAM NUT 
MOUNTING RECEPTACLE AND PLUG TYPES 

SHELL SIZE 
9, 11, 13, 15, 17, 19, 21, 23 AND 25 

FINISHES 
A SILVER/YELLOW CADMIUM OVER NICKEL (CONDUCTIVE) 

B OLIVE DRAB  CADMIUM OVER A SUITABLE UNDERPLATE 
(CONDUCTIVE) 

C ANODIC (NON CONDUCTIVE) 

F ELECTROLESS NICKEL (CONDUCTIVE) 

T NICKEL FLOUROCARBON POLYMER (CONDUCTIVE) 

Z ZINC NICKEL (CONDUCTIVE) 

INSERT ARRANGEMENT 
REFER TO LAYOUT PATTERNS PER MIL-DTL-1560 

CONTACT TYPE 
P PIN 
S SOCKET 

A CONNECTOR LESS PINS 
B CONNECTOR LESS SOCKETS 

POLARIZATION 

N NORMAL (NOT INCLUDED IN PART NUMBER) 

W, X, Y, OR Z ALTERNATE POSITIONS, REFER TO 
POLARIZATION CHART 

GENERAL SPECIFICATIONS ENVIRONMENTAL FLOUROSILICONE 

REAR RELEASE CONTACT RETENTION SYSTEM. 9 SHELL OPERATING TEMPERATURE RANGE: 
ELASTOMERS 

SIZES (9 TO 25) IN OVER 150 INSERT ARRANGEMENTS ALUMINIUM: -65° C  TO 175° C 
UTILIZING CONTACT SIZES 22D, 20, 16, 12, 8, 4, AND 0 GAGE STAINLESS STEEL: -65° C TO 200° C 

REFER TO ADDITIONAL CONTACT AND 
CRIMP CONTACTS PER AS39029. USES BAYONET TOOLING INFORMATION 
COUPLING MECHANISM. ACCEPTS AS85049 BACKSHELLS 

USES HIGH RELIABILITY METAL CONTACT 
RETENTION CLIPS 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
MIL-DTL-38999, REAR RELEASE, SERIES I, CORSAIR PART 

NUMBER CROSS REFERENCE 

1 OF 1 M38999 ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES II 

 
MILITARY PREFIX MS27 472 E 24 A 16 P W 

CORSAIR PREFIX CJ13 72 E 24 A 16 P W 

CONNECTOR CONFIGURATION 
27472 (72)  RECEPTACLE, WALL MOUNT 
27473 (73)  PLUG, STANDARD 
27474 (74)  RECEPTACLE, JAM NUT MOUNT 
27484 (84)  PLUG, RFI, STANDARD 
27497 (97)  RECEPTACLE, WALL MOUNT 
27499 (99)  RECEPTACLE, BOX MOUNT 
27508 (08)  RECEPTACLE, BOX MOUNT, FLANGE 
27513 (13)  RECEPTACLE, BOX MOUNT, LONG GROMMET 

 

CLASS 
E ENVIRONMENTAL RESISTING-BOX AND THRU-BULKHEAD 

MOUNTING RECEPTACLE TYPES 
 

T ENVIRONMENTAL RESISTING-BOX AND JAM NUT 
MOUNTING RECEPTACLE AND PLUG TYPES 

 

 
SHELL SIZE 
8, 10, 12, 14, 16, 18, 20, 22, AND 24 

 
FINISHES 
A SILVER/YELLOW CADMIUM OVER NICKEL (CONDUCTIVE) 

 
B OLIVE DRAB CADMIUM OVER A SUITABLE UNDERPLATE 

(CONDUCTIVE) 
 

C ANODIC (NON CONDUCTIVE) 
 

F ELECTROLESS NICKEL (CONDUCTIVE) 
 

T NICKEL FLOUROCARBON POLYMER (CONDUCTIVE) 

Z ZINC NICKEL (CONDUCTIVE) 

 
INSERT ARRANGEMENT 
REFER TO LAYOUT PATTERNS PER MIL-DTL-1560 

 
CONTACT TYPE 
P PIN 
S SOCKET 
A CONNECTOR LESS PINS 
B CONNECTOR LESS SOCKETS 

POLARIZATION 
N NORMAL (NOT INCLUDED IN PART NUMBER) 
W, X, Y, OR Z ALTERNATE POSITIONS, REFER TO 
POLARIZATION CHART 

GENERAL SPECIFICATIONS ENVIRONMENTAL FLOUROSILICONE 

REAR RELEASE CONTACT RETENTION SYSTEM. 9 SHELL OPERATING TEMPERATURE RANGE: 
ELASTOMERS 

SIZES (8 TO 24) IN OVER 150 INSERT ARRANGEMENTS ALUMINIUM: -65° C TO 175° C 
UTILIZING CONTACT SIZES 22D, 20, 16, 12, 8, 4, AND 0 GAGE STAINLESS STEEL: -65° C TO 200° C 

REFER TO ADDITIONAL CONTACT AND 
CRIMP CONTACTS PER AS39029. USES BAYONET COUPLING TOOLING INFORMATION 
MECHANISM. ACCEPTS AS85049 BACKSHELLS 

 
USES HIGH RELIABILITY METAL CONTACT 
RETENTION CLIPS 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
MIL-DTL-38999, REAR RELEASE, SERIES II, CORSAIR PART 

NUMBER CROSS REFERENCE 

1 OF 1   M38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES III 

 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 

USES HIGH RELIABILITY METAL CONTACT 
RETENTION CLIPS 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
MIL-DTL-38999, REAR RELEASE, SERIES III, CORSAIR PART 

NUMBER CROSS REFERENCE 

1 OF 1   M38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 
 
 
 
 
 
 

 
 
 
 
 
 
 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010     3 OF 3 MIL-DTL-38999   ‐ 

.XXX ± .005   INSERT ARRANGEMENT, SERIES I, II & III

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 
 
 

 
 
 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010     2 OF 3 MIL-DTL-38999   ‐ 

.XXX ± .005   INSERT ARRANGEMENT, SERIES I, II & III

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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D38999/20 
MIL-DTL-38999 SERIES III 

 
 
 

 
 
 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 CONNECTORS, ELECTRICAL, CIRCULAR, RECEPTACLE, 1 OF 1 D38999/20   ‐ 

.XXX ± .005 THREADED, WALL MOUNTING FLANGE, REMOVABLE

ANGLES ± 1° CRIMP CONTACTS, SERIES III, MIL-DLT-38999/20 http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 
 
 

 
 
 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
  MIL-DTL-38999, INSERT ARRANGEMENTS 

SERIES I, II & III 

1 OF 9 MIL-DTL-38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 
 
 

 
 
 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010     1 OF 3 MIL-DTL-38999   ‐ 

.XXX ± .005   INSERT ARRANGEMENT, SERIES I, II & III

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 

 
 

 
TOLERANCE TITLE SHEET DWG. NO. REV 

XX ± .010 

.XXX  ± .005 
  MIL-DTL-38999, INSERT ARRANGEMENTS 

SERIES I, II & III 

2 OF 9 MIL-DTL-38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 

 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
  MIL-DTL-38999, INSERT ARRANGEMENTS 

SERIES I, II & III 

3 OF 9 MIL-DTL-38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 

 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
  MIL-DTL-38999, INSERT ARRANGEMENTS 

SERIES I, II & III 

4 OF 9 MIL-DTL-38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 

 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
  MIL-DTL-38999, INSERT ARRANGEMENTS 

SERIES I, II & III 

5 OF 9 MIL-DTL-38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 

 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
  MIL-DTL-38999, INSERT ARRANGEMENTS 

SERIES I, II & III 

6 OF 9 MIL-DTL-38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 

 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
  MIL-DTL-38999, INSERT ARRANGEMENTS 

SERIES I, II & III 

7 OF 9 MIL-DTL-38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 

 
 

 
TOLERANCE TITLE SHEET DWG. NO. REV 

XX ± .010 

.XXX  ± .005 
  MIL-DTL-38999, INSERT ARRANGEMENTS 

SERIES I, II & III 

8 OF 9 MIL-DTL-38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I, II & III 

 
 
 
 

 
 
 
 
 

 
TOLERANCE TITLE SHEET DWG. NO. REV 

XX ± .010 

.XXX  ± .005 
  MIL-DTL-38999, INSERT ARRANGEMENTS 

SERIES I, II & III 

9 OF 9 MIL-DTL-38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES I & II 

 
 
 

 
 
 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
MAIN KEY/KEYWAY POLARIZATION, SERIES I AND II, 

MIL-DTL-38999 

1 OF 1   D38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 
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MIL-DTL-38999
SERIES III 

 
 
 

 
 
 
 
 

TOLERANCE TITLE SHEET DWG. NO. REV 
XX ± .010 

.XXX  ± .005 
  MAIN KEY/KEYWAY POLARIZATION, SERIES III, 

MIL-DTL-38999 

1 OF 1   D38999   ‐ 

ANGLES ± 1° http://www.corsairelectricalconnectors.com   (949) 833-0273 


