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1.Material :Steel 1215; y SHENZHEN YIYUAN TECHNOLOGY C0.,LTD|/As (REV) Al EL A (SCALE)
2.Surface Treatment: Tin Matte 2-3um over Nickel 1-3um; A oate) 2021, 10. 12| @ =
3.Remove all burrs and sharpe angle .product is clean; /4 (ITEM NO) | M3x5. 56xL8+1. 53 — E N
4 _Packaged on 13" recyclable reels, Tape width is — Bit (DESIGN) LUO TOLERMCE. (NSPECIFIED
24mmSupplied with polyamide patch for vacuum pick up, —|FH5 (PARTNO) SMTSOM380STR % (cecken) | ROGER LT | % #9020 % 241
Reels conform to EIA-481 ; &2 (016 N0) e ik F
5.RoHS Compliant. -~ etk (APPROVED)| ROC ZHAQ | xx #o05 % £1
6.PaCkaging: a I"eel Of 500 pieces These drawings and specifications are Shenzhen Yiyuan Technology Co Ltd. The property should not be copied. Without
Shenzhen Yiyuan Technology Co. Ltd.Prior written consent to copy or use in any way. Email at info@yiyuanswitches. com|
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