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NOTES:
 

  Tin Matte 2-3um over Nickel
  
3.Remove all burrs and sharpe angle .product is
  clean;
4.Packaged on 13" recyclable reels, Tape width is
  24mmSupplied with polyamide patch for vacuum pick
  up, Reels conform to EIA-481 ;
5.RoHS Compliant.

品名(ITEM NO) M4x8.74xL2.0+1.53 铁镀亮锡

SMTSOM420STR

1.Material:Steel  1215;
2.Surface Treatment:
1-3um;
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