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G-Switch Electronic （HongKong) CO.,Ltd.

PS-5824SVX-6PN

PUSH SWITCH

Switch Type
58=5.8×5.8mm

G-Switch Specification:
Operating temperature range：-40℃to+85℃
Rating：0.5A.24V DC
Insulation resistance:：100MΩ min.100V DC
Dielectric strength： 250V AC for 1 min
Contact resistance:：100m Ω max.
Switch lifetime：30,000Cycles

Switch Height
24=2.4mm

Switch Function
L=Lock
N=No Lock

Foot Type
S=Smt

Type
V=Vertical

Operating Force
A=180gf
B=250gf

Foot Position
6P=6pin
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MATERIAL QTY FINISHING
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BLACK
WHITE
Ag PLATED
NATURAL

Ag PLATED
PPA BLACK

LOCK PIN SUS WIRE 1 NATURAL

PUSH-ON：

2-3,5-6 Conduction
PUSH-OFF
1-2,4-5 Conduction
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