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Rolls
H
General tolerances(mm) ~ Product model PIN A B
DAS08—210C1—-2PG213 | 2 | 10.16 5.08
0.1/10
S >N3 >N6 >lO >18 >EO >EO >§O >LZO >L80 >2N5O >3N15 >4NOO o060 / DASOS-210C1—3PG213 3 15 04 1016
3 6 10 18 30 50 80 120 180 250 315 400 500
_ DAS08—-210C1—-4PG213 4 20.32 15.24
. G
£0.12 | £0.18 | £0.22 | £0.26 | +£0.31 | £0.37 | £0.57 | £0.80 | £0.93 | +1.05 | £1.15 | £1.60 | £2.20 | +2.50 | *2 DAS08—-210CT-5PG215 | & | 25.40 20.52
DA508—-210C1-6PG213 6 30.48 25.40
DAS08—-210C1—-7PG213 7 35.56 30.48 |
| DA508—-210C1—-24PG213 | 24 5.08xN 5.08X(N=1) F
UL Standard B C D
O2PC‘QSp \S on J[he Rated Voltage(V)/Current(A) 300/15 / 300/10 |
left from this view [ Stenderd
Overvoltage Category/Pollution Degree /2
Rated Voltage(V)/Current(A) 320/20 E
Rate Impulse Voltage(KV) 4.0
Torque Tightening(N.m/Lb.in) M3 0.5/4.43
Wire Range(rigid and flexible)(mm?/AWG) 1.0~2.5/28~12
A (5. 08xN)
Pitch(mm)/Poles 5.08/N=02~24P
2 Stripping length(mm) 7-8 D
j Operating temperature('C) —40~+105
B Conform to RoHS Yes
5 / -
% 4 k 5 Clamp Copper alloy Sn plated
2‘ 1 | 4 Cage Copper alloy M3/Ni plated C
3 Screw Steel M3/Ni plated
2 Cover PABE uL94v-0
| I L
—[ 1 Housing PAG6 UL94v-0
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18. 20 B (5. 08x (N-1) UNLESS SPECIFIED HMTconn Shenzhen Huamingtong Electronics Co., Ltd
PART NO. TITLE: , |
Socket—type terminal
DAS08-210C1—-NPG213
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