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® Item(® Male contact pin: Copper ,Tin plated
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® Withstanding Voltage: 1.6KV
d L _— ® Operating temperature: -40°C to +115°C
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DiMension 52525 | 2:6p-210 | 2xT1P-2xT5P | 22T6P-2:20P | 2212267 TITLE | VF-5.08 Series Vertical Close type
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