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W V - | A [2011.08.24] The dimension are added Aaron
(7.5) Dim B . A [2011.08.24 | Dimension is changed from 10.16mm ta 10.00mm Aaron
z A [2011.08.24 | Dimensian is changed from 2.42mm to 2.50mm Aaron
S 5.00 = /N [2012.04.16] Add the cutaway view Chen Bo
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Dim L | (N/2+2)x5.0 +0.15 +0.20 +0.25 +0.30 +0.40 TITLE VF-5.00 Series 2x2P-2x24P ( With flange ) Right-angle
Dim B | (N/2-1)x5.0 +0.15 +0.20 +0.25 +0.30 +0.40 PART NO. | VFxx72x1xxxxG DWG NO. | 8VF0001
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