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2-2403751-4
8.37

COPPER ALLOY

Ag/Ni
25mm² OUTER SHIELD 11.6~12.2MM

1-2403751-4 Sn/Ni

2-2403751-3
8.45

Ag/Ni
70mm² OUTER SHIELD 17.4~18.2MM

1-2403751-3 Sn/Ni

2-2403751-2
8.43

Ag/Ni
50mm² OUTER SHIELD 15.2~15.8MM

1-2403751-2 Sn/Ni

2-2403751-1
8.42

Ag/Ni
35mm² OUTER SHIELD 13.8~14.4MM

1-2403751-1 Sn/Ni

TE PN WEIGHT(g) MATERIAL FINISH DESCRIPTION CABLE DIAM.

A2
1 0

A2
2 0

1   IN CASE OF DISCREPANCIES BETWEEN GERMAN AND ENGLISH TEXT THE GERMAN TEXT IS BINDING
 
    "V" STAND FOR THE CABLE OF LV216 STANDARD
 
    "X" STAND FOR THE CABLE SPECIFICATIONS,
 
    "1"STAND FOR 35mm²,"2"STAND FOR 50mm²,"4"STAND FOR 25mm².
 
4   PACKING: BULK PACKAGING IN CORRUGATED SHIPPING BOX
 
5   USED ON 2 POS, HV, REC HSG
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