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REV | ECN NO

CONTENT

CHK DATE

NOTEST:
UL Standard
1.

IEC Standard

Use group B C D
Rated Current| 15A| / 10A
Rated Voltage|300v| / |300V

3.Torque value: M2.5, 3.54Lb.in

L. Wire range: 28~~12AWG

1.| Pollution Degree 3 2 2
Overvoltage Category [ I 1
Rate Impulse Voltage(KV) / 4.0kV| /
Rate Voltage(V) / 320V /
Rate Current(A) / 15A /

2. Torque value: M25 0. 4Nm

3.wire range: 0.27~2 Smm?

NOTES?2:
1.Housing: PA66 (UL9LV-0)
2.Cover: PA66 (UL9LV-0)
3.Cage: Brass (Ni Plated) 6N

NOTES3:
1.Pitch: 5.08mm  Poles: 02-24P
2.Stripping length: 7-8mm
3.0perating temperafure
4. RoHS Compliance

How to order

ut: Brass

-40°C~+105C

L.Conductor: Copper alloy (Sn Plated)
5.5crew: Steel (M2.5,Zn Plated)
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