
NOTE
 1.Material
   Plunger: Brass C6801
   Barrel:  Brass C6801
   Spring: SUS 304
  2.Plating
   Plunger: 1 micro-inch minimum Au over 50~100 micro-inch nickel
   Barrel: 1 micro-inch minimum Au over 50~100 micro-inch nickel
   3.Electrical
   Rated current & voltage: DC 12V; 1A MAX .
   Contact resistance: 50 mohm maximum at working height
 4.Mechanical
  Spring force: 30g±15g at working height

   Durability: 10,000 cycles(minimum)
 5.Mark * is the key control dimension
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