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1500 PCS PER REEL
3 REELS PER CARTON
4500PCS PER CARTON

Quantity (pcs)：
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All test data is referenced to 25℃ ambient.
Inductance measure condition at 100kHz, 1.0V.
Rated current:Isat or Irms, whichever is smaller.
Saturation current(Isat): the actual value of DC current when the inductance decrease approximately 30% of its initial value. 
Temperature rise current(Irms):the actual value of DC current when the temperature rise is △T≤40℃( Ta=25℃)  . 
Operating temperature range: -40℃ ~ +125℃ (Including self-heating).
Storage temperature range: -40℃~+125℃(  on board)

Electrode Coplanarity:0.1mm Max.
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CURRENT CHARACTERISTIC 

25° C

150°C

217°C

260°C

Temp./°C

Time/S

Max Ramp Up Rate=3°C/SEC.

Max Ramp Down Rate=3°C/SEC.

Peak 260°C max

200°C

60-120sec

60-90sec

Time 25°C to Peak 8min max

MECHANICAL PERFORMANCE TEST
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