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51 0.1 SPECIFICATION
47,04 10,15 Mgting Cycles 500
6 0.1 Filter type C
Capacitance L70pf20%
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— 0,25 PCB Layout, Component side, PCB thickness 1,6 mm 5 B
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Dol Nome . Ma?Ns {ab/
- D-Sub, male, straight, Scale
Delail. |8-JUL-02] CV G@ 25 Poles, turned solder pins,
Insp. All Din, in tin ploted shell with dimples, 1.5:1
Slond. Orig. Size DINA 4 spacer nuts and board-locks
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