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COIL: @ 25°C . CUSTOMER DATA SHEET
RES ISTANCE 170 OHMS + 10%
NOMINAL VOLTAGE 18.0 vt BLUE BEAD7
9.7 VDC
MUST OPERATE 319 A W3
MUST RELEASE 1.15 VOC ng \chg 982 & an
ENVIRONMENT: TERMINAL VIEW
VIBRATION 10 ¢Ps 70 2000  cps @ 20 45 CONTACT RATING. 10 AMPS 28 vOC
SHOCK 50 g's 1 MS. DURATION 5 AMPS 115 VAC/400 Hz RESISTIVE
° 125 ° 50.000 OPERATIONS
TEMPERATURE -65 C T0 _* C
NOTES: _ OPERATE & RELEASE 15 MS MAX.
OPERATE BOUNCE 5 MS MAX. DR. R.B. T1/11/91 CK. JMB. 1/24/06
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