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In case of consideration for using Automotive equipment / device which demand high reliability, kindly contact our sales window correspondents.
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Applicable crimping contact + RP13-PC-222CCL113-0141-7)

CApplicable wire :AWG #24 to #30D
Applicable crimp contact crimping tool = RP13A-TC-01CCL150-0070-0)
Applicable crimp contact extraction tool = RP13-PC-TPCCL150-0021-5)

[3>The recomnended tightening torque of Ref.No.® shell be 0.2N -

This product is delivered disessemble.
The coble pull and twisting strength ond other characteristics may differ,
Depending on the cable structure. please confirm before the use.
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