view of fthe hood without lid
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Cable diameter without rubber bushing:
ZF min: 3 mm
ZF max: 12 mm

% All Dimensions in mm Scale | Free size tol. Ref.

Cable diameter with rubber bushing: Original Size DN A6 | 11 ”
riginat sSize . ub.

@F max: 9 mm
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Cable diameter without reduction plate: N | Departnent £ pp _ FR
gF max: 15 mm




