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TITLE
FEMALE HEADER PITCH 2.54MM R/A TYPE

DRAWING NO.

C—DS1024—XXX—-A

X. +0.60 X. +5° UNITS mm

X +0.38 X 13 SHEET SIZE SERIES [DS1024 SERIES

XX +0.25 XX £2
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