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2. GENERAL TOLERANCE: X.X=%0.4 2
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3. TERMINAL NUMBERS FOR REF ONLY OPPOSITE SIDE

. PLATING MATERIAL: GOLD
5. RATING: .4 VA W/RESITIVE LOAD @ 20V MAX (AC OR DC)

6. ELECTRIC LIFE: 40,000 make-and-break cycles
at full load.
7. INSULATION RESISTANCE: 1,000 Mega-ohm min.
8. DIELECTRIC STRENGTH: 1,000 V RMS @sea level.
9. OPERATING TEMP.: -30°C to 85°C
10. ADENOTES CRITICAL PARAMETER.
11. 2002/95/EC (ROHS) COMPLIANT.
12. HARDWARE TO BE SHIPPED BULK:
T100000 - HEXNUT - QTY 2
T100011 - LOCKWASHER - QTY 1
T100015 - LOCKRING - QTY 1
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