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LOCATION DESCRIPTION

DATE DESIGN

INITIAL RELEASE
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2025.03.03

Far by
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0.40 [0.016]
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4.20 [0.165]
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2.50 [0.098]
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Signal Assignment

Hot Plug Detect

Utility

TMDS Data2+

TMDS Data2 Shield

TMDS Data2—

TMDS Datal+

3.60 [0.142]

TMDS Datal Shield

—— o - 000

TMDS Datal—

3.20 [0.126]

e

TMDS Data0+

TMDS DataO Shield

0.23 [0.009]

0.85 [0.033]

TMDS DataO—

TMDS Clock+

TMDS Clock Shield

TMDS Clock—

|
Wi

CEC

DDC/CEC Ground

SCL

SDA

I R L A TN (R DS S r= R A el il S S el o

+5V Power

0.70 [0.028]

3.65 [0.144]

5.00 [0.197]

- -

Spring Mation
Highest Point

3.20 [0.126]
3.60 [0.142]

[ —

. = -

=~— 0.40 [0.016]

.- - -

f——

TS—PIN 1

0.20 [0.008]

1.00 [0.039]Min.

0.40 [0.016]Min.

1.00 [0.039]Min.
4.05 [0.159]

f-— -

Receptacle and Plug Mated Condition

RECOMMENDED PCB LAYOUT(TOP VIEW)

|
|
|
|
1
[

A75—=0THS—1XTNT

(TOLERANCE: +0.05mm) 1’
15U
30u”

1:Au
5:Au
6:Au

2.00 [0.079]

Notes:
1.Materials
a.Housing: LCP+30% C/F, Black, ULS4 V-0;
b.Contact: Phosphor Copper (C5191), Gold Plating at mating area, Matte Tin
or Au Plating at solder tail, all over Nickel;
c.Shell: Phosphor Copper (C5191)
2.Ratings
a.Current Rating: 0.3A ;
b.Operating Temperature: —400 ~ 8507;
3.Electrical Requirement:
a.Excluding Conductor Resistance 10mQ Max(Target design value)
Contact: 30mQ Max. changed (Final), Shell: 50mQ Max. Changed
(Final);
b.Dielectric Withstanding Voltage: 150V AC (RMS) for 1 minute (Mated),
250V AC (RMS) for 1 minute (Unmated);
c.Insulation Resistance: 10MQ Min. @ 150V DC (Mated), 100MQ Min. @ 500V
DC; (Unmated)
4 Mechanical Performance:
a.Insertion force: 44.1N (4.5Kgf) Max.
b.Withdrawal force: 4.9~25N (0.5~2.5Kgf);
5.IR Reflow: the peak temperature on board shall be maintained for10 seconds
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