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1.材质（material)：黄铜（brass)

2.材料规格（Material specifications）：0.45mm

3.压线范围（Wire）：AWG14#-22#

4.表面处理（Surface treatment）：亚光

5.未注公差按GB/15055-94(Not note tolerances of

GB / 15055-94)

技术要求（Technical requirements）:

适用线规

AWG18#-22#

AWG14#-18#

FJ250-T-xx

DR.:Chen Quan Long

CHKD.:Wu Hui

APPD.:Ren An De

DATE.:21.11.05

DATE.:21.11.05

DATE.:21.11.05

250 Large terminal
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1.材质（material)：黄铜（brass)

2.材料规格（Material specifications）：0.45mm

3.压线范围（Wire）：AWG12#--10#

4.表面处理（Surface treatment）：亚光

5.未注公差按GB/15055-94(Not note tolerances of

GB / 15055-94)

技术要求（Technical requirements）:

FJ250-T-03

DR.:Chen Quan Long

CHKD.:Wu Hui

APPD.:Ren An De

DATE.:21.11.05

DATE.:21.11.05

DATE.:21.11.05

250 Large terminal
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   FJ250  Housing
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E

F

REVISION DESCRIPTION

技术参数(SPECIFICATIONS)

温度范围 (Temperature range)：-25℃～85℃

额定电压 (Voltage rating)：300V，AC，DC

额定电流 (Current rating)：8～15A

接触电阻 (Contact resistance)：≤20mΩ

绝缘电阻 (Insulation resistance)：常温≥1000MΩ

材料 (Material)：壳体 (Housing)：PA66
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