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2 | MX3.96-2Y [3.96 |8.52
3 | MX3.96-3Y |7.92 |12.48
4 | MX3.96-4Y |11.88 |16.44
5 | MX3.96-5Y |15.84 |20.40
6 | MX3.96-6Y [19.80 |24.36
7 | MX3.96-7Y |23.76 | 28.32
8 | MX3.96-8Y |27.72 |32.28
1 [ Tl 9 | MX3.96-9Y |[31.68 |36.24
10| MX3.96-10Y |35.64 |40.20
T ] T 11| MX3.96-11Y |39.60 | 44. 16
I [ ] 12| MX3.96-12Y |43.56 | 48.12
13| MX3.96-13Y |[47.52 [52.08
1007 22# 14| MX3.96-14Y |[51.48 |56.04
5 15| MX3.96-15Y |55.44 |60.00
n 16| MX3.96-16Y |[59.40 |63.96
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