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REV. ECN NO OR DESCRIPTION REVISED DATE

g: 0.5A 30V DC

Contact: ResistancelO0Om O Max.

Operating temperature: —30°C~/0°C

Operating force: 3—20N
Operating Life: 5,000cycles
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(1.65 | DC-005-N165

®2.00 DC-005-N200 2

2. 35 DC-005-N235

@2.50 DC-005-N250 S

6 PIN 1 | HPB50—1 MB: Cu Cu/Sn PLATE

5 TIP SPRING | 1 | SUS 1I=0.2 MB: Cu Cu/Sn PLATE

4 |SHUNT SPRING| 1 | C2680 T=0.3 [MB:Cu Cu/Sn PLATE

3 RERMDNAI 1| 2680 T=0.3 |MB:Cu Cu/Sn PLATE

2 1 BLACK

1 HOUSING T | PBT UL 94V-0 | BLACK
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