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深圳市华明通电子有限公司

Shenzhen Huamingtong Electronics Co., Ltd
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PIN 0.64*0.4
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P / N PIN DIM.A DIM.B

A25421110-2PB2114-H85C32 2*1 0.00 2.54

A25421110-4PB2114-H85C32 2*2 2.54 5.08

A25421110-6PB2114-H85C32 2*3 5.08 7.62

A25421110-8PB2114-H85C32 2*4 7.62 10.16

A25421110-10PB2114-H85C32 2*5 10.16 12.70

A25421110-12PB2114-H85C32 2*6 12.70 15.24

A25421110-14PB2114-H85C32 2*7 15.24 17.78

A25421110-16PB2114-H85C32 2*8 17.78 20.32

A25421110-18PB2114-H85C32 2*9 20.32 22.86

................ ..... ..... ......

A25421110-80PB2114-H85C32 2*40 (PIN-1)X2.54 (PIN)X2.54


