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NOTES:
MECHANICAL:
CAGES: COPPER ALLOY, THICKNESS 0.25MM.
PLATING: NO NEED.
THIS CAGE IS FOR SINGLE SIDE USE ONLY.
TEMPERATURE:
OPERATION: —40°C~+85°C
STORAGE: —40°C~+85°C
RoHS COMPLIANCE.
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(MINIMUM PCB THICKNESS: 1.57)
(ALL TOLERANCES ARE +0.05)
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PANEL POSITION AND THICKNESS 0.8—2.6
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