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Poies: 2~12

& M W UL 94V-0ukiit 750/850 5 £ 2%
Material: Conventional nylon UL 94V-0 or
750/850 degree heat resistant wire
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Colour: As per order requirements
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/ / 12 SM-12P | 27.5 | 30.5
™ | 11 SM-11P | 25.0 | 28.0
/ / 10 SM-10P | 22.5 | 25.5
| 9 SM-9P 20.0 | 23.0
/ / 8 SM-8P 17.5 | 20.5
—| . li 7 SM-7P 15.0 | 18.0
I 6 SM-6P 12.5 | 15.5
5 SM-5P 10.0 | 13.0
4 SM-4P 7.50 | 10.5
3 SM-3P 5.00 | 8.00
2 SM-2P / 5. 50
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