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INITIAL RELEASE / /
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DIM=A
DIM=C+0.05

1.53 [0.060]

1.FPC_NOT MATING CONDITION BANNED CLOSURE
2.PART NO. LEGEND:

2.73 [0.108]

PART NO.:

0.5(N+1)+0.05
0.5(N—1)0.05

X05C30
@

eries Name:X05C30=0.50mm Pitch(H:3.00mm)
’Number of terminals :XX=04—60PIN

0.30 [0.012] 050 [0.020]+0.03 ®Plating : T:Tin Over Nickel

0.50 [0.020]£0.08 0.50 [0.020]+0.05 G:Gold Flash Over Nickel

0.30 [0.012]+£0.05 @Z:positive needle
-t Finegative needle

N

3.PERFORMANCE
3.1:CURRENT RATING:0.5A/PIN.
3.2: VOLTAGE RATING: 50V (AC/DC)
3.3:CONTACT RESISTANCE: INITIAL VALUE 30mOHM Max

Reinforcing Lay

0.40 [0.016

3.4: INSULATION RESISTANCE: 500MOHM Min.

0.25 [0.010] = r 3.5: DIELECTRIC WITHSTANDING VOLTAGE: 250V AC FOR 1MINUTE
— 3.6:DURABILITY: 20 TIMES Min

0.59 [0.023] 3.7:0PERATING TEMPERATURE:—40'C~+125C

= OPERATING HUMIDITY RANGE:20% TO 85%
3.30 [0.130]

0.20 [0.008]£0.03

RECOMMENDED FFC

DIM=B+0.10
0.50 [0.020]%0.10

PIN 0.50 [0.020]
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