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深圳市华明通电子有限公司

Shenzhen Huamingtong Electronics Co., Ltd
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4 TERMINAL 1 BRASS MB:CuSn PLATED

3 HOUSING 1 PPA BLACK

2 TIP SPRING 1 PHOSPHOR BRONZE MB:CuSn PLATED

1 CENTER PIN 1 BRASS MB:CuSn PLATED
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