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PIN MODLE

∅ 2.0 DC026-A20

∅ 2.5 DC026-A25
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PCB.WELDING DRAWING (TOLERANCE:±0.05)Main technical performance

Rated electrical load DC 24V 4.5A

Contact resistance ≤30mΩ

Insulation resistance ≥ 100MΩ

Pressure resistance AC 500V 1min

Insertion force 3-30N

Operating temperature range -20C°~+70C°

service life 5000cycles
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