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Solder foot
焊锡脚
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Ag plating
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Base
基座
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Black
黑色
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Shrapnel
弹片

Phosphorous
copper 1

Ag plating
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cover
盖子

POM 1
Black
黑色
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Press handle

按柄
POM 1

Black
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Part name
部件名

Material
材料

QTY
数量

Remark
备注

NOTES:
1.Rating:16V DC
1.额定值：16V DC
2.Dielectric Strength:250V (50Hz)AC
2.耐电压：250V （50Hz）AC
3.Contact Resistance:≤200mΩ
3.接触电阻：≤200mΩ
4.Insulation Resistance:≥50MΩ
4.绝缘电阻：≥50MΩ
5.Operating Force:30g±10g
5.操作力：30g±10g
6.Life：50,000 times
6.寿命：50,000 次
7.Travel：5.50±0.30mm
7.行程：5.50±0.30mm
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