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Molded part

LCP

BLACK UL94 V-0

Outer shell

SUS 304 T=0.25

Nickel plated

Inner shell

SUS 304 T=0.25

Nickel plated

Terminal

C2680—H T=0.20

Contact area: Gold flash plating
Soldering area: Gold flash plating
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