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7
Tension spring

拉簧
SUS 1

6
Moving contact component

动触片组件

Beryllium
silver alloy 1

5
Springy supports

摆片
SUS 1

4
Pusher
推动子

PA66 1

3
Sealing ring

密封圈
Silica gel 1

2
Upper cover

上盖
PA66 1

1
Base component

底座组件
PA66 1

NO
序号

Part name
部件名

Material
材料

QTY
数量

Remark
备注

NOTES:
1.Rating:12VDC 50mA
1.额定值：12VDC 50mA
2.Dielectric strength:500V AC  10mA
2.抗电强度：500V AC 10mA
3.Contact Resistance:≤100mΩ Max
3.接触电阻：≤100mΩ
4.Insulation Resistance:≥100MΩ
4.绝缘电阻：≥100MΩ
5.Operating Force:150±25gf

5.操作力：150±25gf
6.Operating temperature:-40℃~130℃
6.使用温度：-40℃~130℃
7.Electrical lifetime:50,000 cycles
7.电气寿命：50,000 cycles
8.Mechanical lifetime:500,000 cycles
8.机械寿命：500,000 cycles
9.Waterproof grade:IP67
9.防水等级：IP67
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