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NOTES:

1.Rating:12VDC 50mA

1.额定值：12VDC 50mA

2.Dielectric Strength:250V AC

2.耐电压：250V AC

3.Contact Resistance:≤100mΩ Max

3.接触电阻：≤100mΩ

4.Insulation Resistance:≥100MΩ

4.绝缘电阻：≥100MΩ

5.Operating Force:260±50gf

5.操作力：260±50gf

6.Life：200,000 times

6.寿命：200,000 times

7.Travel：0.25±0.1mm

7.行程：0.25﹢0.1mm

8.Operating Temperature:-20 to +70℃

8.使用温度：-20 to +70℃
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Key cap

按键帽
ABS 1

Grey

灰色

5 LED 1

Red

红灯

4

Button

按钮
POM 1

3

Shrapnel

弹片
SUS 1

2

Pedestal

基座
PA66 1

1

Terminal

端子
Brass 4

Ag plating

镀银
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