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Linson曾偉雄

Linson曾偉雄
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CUSTOMER DWG

2.54 IDC 
CONNECTOR

Z-810***001**000

2.3

6.0±0.15

13
.7

±0
.2

5

Dim"C"±0.25=No. of pin/2*2.54+4.7

1.4±0.10

Strain relief 1

7.
0

6.0

Optional

2#

2.
54

±0
.0

51#

Dim"A"±0.25= No. of pin/2*2.54+4.7

Dim"B"±0.15=(No. of pin/2-1)*2.54
2.54±0.05

Strain relief 2

(2.54*P/2+1.2)±0.25

(2.54*P/2+13.52)±0.25

13 13
.8

2.3

5.9

PLated Tin

Gold flash

有字產品LOGO在此面
Specifications
Current rating: 1.0A AC,DC
Voltage rating: 250V AC,DC
Contact resistance: 20mΩ Max.
Insulation resistance: 500MΩ Min.
Withstanding voltage: 500V AC/Minute
Temperature range: -25°C to +105°C
Material
Insulator: PBT UL94V-0
Contact: Brass
Finish: Gold flash 

Z-810 ** *  001  *  * 000

No of position
06~64=06P~64P

Relief type
1=W/O Strain relief
2=W/Strain relief 1
3=W/Strain relief 2

Insulator color
1=Black
2=Blue
3=White
4=Grey

LOGO
0=Nextron Logo

Part No.

PIN A±0.25 B±0.15 C±0.25
6
8
10
14
16

20
24
26
30
34
40
50
60
64

12.32 5.08 12.32
14.86 7.62 14.86
17.40 10.16 17.40
22.48 15.24 22.48
25.02 17.78 25.02

30.10 22.86 30.10
35.18 27.94 35.18
37.72 30.48 37.72
42.80 35.56 42.80
47.88 40.64 47.88
55.50 48.26 55.50
68.20 60.96 68.20
80.90 73.66 80.90
85.98 78.74 85.98

18 27.56 20.32 27.56

Finish
1=Gold flash
2=30u"Gold/Tin

A6 

A4
A5
A6

MODIFY 
MODIFY 
MODIFY A6 =1
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