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10 Performance:
11 1. Rated current: 2.0A
2. Voltage rating: 12V
° 13.2%0.1 3. Withstand voltage: 500V
5 4, Contact resistance; < 30 MQ
o N b6+ Lnsulation resistance: 500 MQ
- 6+ Operating Temperature: —40°C “85C
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