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SPECIFICATIONS
a Current Rating: SAmps
| Insulation Resistance:T000MO Min
. = Contact Resistance:  20m() Max
Cf Withstanding Voltage: AC 500V
<+ Operation Temperature:—40°to +85°
© Contact Material: Brass
q Standard: PBT
Contact Plating: Ni

GENERAL TOLERANCE
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DIM. TOL.

X. +0.30
XX +0.25
XXX +0.20

GENERAL ANGLE:
+5
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DWG. No..  A254D—PT065-RB CHECKED: MAX ""
PART NO.. A254D—PT065—B DRAWN:  ELLA
UNIT: SCALE:  [SHEET:  [DWG. SIZE:| LAYER:
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