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10 Convex  handle 1.Rating: 24V 25mA DC
M 2.Insulation Resistance: 2100 MQ G
3.Withstand voltage:AC 500V 1Minute
4.0Operating Force Range: 1000gf Max —
5.Mechanical Life:3,000 Cycles
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