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PNP Silicon Epitaxial Planar Transistor

SOT-523
FEATURES
® High voltage and high current 1 BASE
® Excellent hgg linearity 2. EMITTER

® Complementary to 25C4738T 3. COLLECTOR

MAXIMUM RATINGS (Ta=25°C unless otherwise noted)

Symbol Parameter Value Unit
Veeo Collector-Base Voltage -50 Vv Equivalent Circuit
Vceo Collector-Emitter Voltage -50 \Y
VEeBo Emitter-Base Voltage -5 \Y ©
Ic Collector Current -Continuous -150 mA B
Po Total Device Dissipation 100 mw
Resa Thermal Resistance Junction to Ambient 125 C/W E
Ty, Tsg Operation Junction and Storage Temperature Range -55 to +125 °C
ELECTRICAL CHARACTERISTICS (Ta=25°C unless otherwise specified)

Parameter Symbol Test conditions Min Typ Max Unit
Collector-base breakdown voltage Vceo Ic=-100pA,Iz=0 -50 \%
Collector-emitter breakdown voltage Vceor Ic=-1mA,Ig=0 -50 \%
Emitter-base breakdown voltage VEeso le=-100uA,Ic=0 -5 \Y
Collector cut-off current Iceo Vep=-50V,lg=0 -100 nA
Emitter cut-off current leBO Veg =-5V, Ic=0 -100 nA
DC current gain hee Vee=-6V,Ic=-2mA 120 400
Collector-emitter saturation voltage VcE(sat) Ic=-100mA,lg=-10mA -0.3 Y
Transition frequency fr Vce=-10V,lc=-1mA 80 MHz
Collector output capacitance Cob Vce=-10V,lg=0,f =1MHz 4 7 pF

CLASSIFICATION OF hge

Rank Y GR

Range 120-240 200-400

Marking SY SG
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Typical Characteristics

Static Characteristic
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