SPECIFICATIONS
1.CURRENT RATING: 1.5A AC/DC.
2.VOLTAGE RATING 50V AC/DC.
3.TEMPERATURE RANGE:—25'CTO+85°C
4.CONTACT RESISTANCE: INITIAL VALUE/30mQ MAX.
AFTER ENVIRONMENTAL TESTS/45mQ MAX.
16.85 5.INSULATION RESISTANCE: 1000 MQ MIN.
6.WITHSTANDING VOLTAGE:500 VAC/MINUTE.
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