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A+0.15 GL 1.HUOSING: PA9T HIGH-TEMP THERMOPLASTIC UL94V—0 COLOR:BLACK
2 TERMINAL:BRASS
B+£0.10 Eelle) _ ‘ PLATING: 14" GOLD FLASH OVERALL 50~100w”"NICKEL UNDER PLATED.
2le PLUG 3.CODING INFORMATION:  LB3xx—GCxxP—B R
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MATING HEIGHT

T— PACKING: R: CARRIER REEL
0:STANDARD SPECIFICATIONS
1:WITH POSITIONING POSTS

2:WITHOUT POSITIONING POSTS
COLOR:BLACK

PLUG

PIN

PLATING: G:GOLD FLASH

L— 0.8 BIB HEIGHT: 10—-1.0H;20—-2.0H;
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SCALE:1.25:1 40-—4.0n;
— LXWCONN BTB CONNECTOR SERIES
3
pk 4.10
=90,
of I L | |
g % o wainG | PLUG | SOCKET | PLUG | NO.of Dimensions NO.of Dimensions
—+ SH ] HEIGHT | (H.) (H) | (F) fontacty B. c. , E. pontacts B. C. D. E.
-+ \ R 8 | 510 | 2.40 | 5.46 | 4.20 58 |25.10|22.40 | 23.46 | 24.00
J L: 4.0 10 3.0 70 | 5.90 | 3.20 | 4.26 | 5.00 60 |25.90|23.20 | 24.26 | 25.00
45 1.0 35 12 | 6.70 | 400 | 5.06 | 5.80 62 |26.70| 24.00| 25.06 | 25.80
‘ 5.0 1.0 4.0 14 | 750 | 4.80 | 586 | 6.60 | +00 [T64 [27.50]24.80 | 25.86 | 26.60
1.2‘ 1.2 55 10 45 140 | 16 | B.30 | 5.60 | 6.66 | 7.40 66 | 28.30 | 25.60 | 76.66 | 27.40
— 6.0 0 50 18 | 9.10 | 6.40 | 7.46 | 8.20 68 |29.10|26.40 | 27.46 | 78.20
. 60 | 20 0 20 | 9.90 | 720 | 8.26 | 9.00 70 |29.90|27.20 | 28.26 | 29.00
584005 = o o - 22 |70.70] 800 | 9.06 | 9.80 72 | 30.70|28.00 | 29.06 | 29.80
= g : : ' 24 |1150| 8.80 | 9.86 |[10.60 74 |31.50|28.80 | 29.86 | 30.60
. 0.80 0.35 = /.0 40 3.0 26 |12.50| 9.60 | 10.66 |11.40 76_|32.30]29.60] 3066 [31.40]
‘ T* 75 40 3.5 28 [13.70[10.40|11.46|12.20 78 |33.10]30.40[31.4632.20| ©
1 8.0 4.0 40 |44 [ 30 [1380]71.20]12.26 13.00 80 [33.90(31.20|32.26|33.00
7 85 4.0 a5 | 3 |14.70]12.00 | 13.06 [13.80 82 [34.70132.00|33.06|33.80
B/EZEZEZEZEZ7R78 90 10 50 34 |15.50 | 12.80 | 13.86 [14.60 84 3550 | 32.80 | 33.86 | 34.60
36 | 16.30]13.60 | 14.66 |15.40 86 | 36.30 | 33.60 | 34.66 | 35.40
38 [17.10]14.40]15.46 | 16.20 | 900 [Tgg [37.10]34.40 | 35.46 | 36.20
40 |17.90|15.20 | 16.26 [17.00 90 |37.90|35.20 | 36.26 | 37.00
NALCS S aAeS g 42 | 18.70|16.00 | 17.06 [17.80 92 | 38.70 | 36.00 | 57.06 | 37.80
25 0 ~ 44 |19.50]16.80 | 17.86 | 18.60 94 | 39.50 | 36.80 | 37.86 | 38.60
N 46 | 20.30|17.60 | 16.66 | 19.40 96 | 40.30 | 37.60 | 36.66 | 39.40
G 48 | 21.10|18.40 | 19.46 | 20.20 g8 |41.10 | 38.40 | 39.46 | 40.00
{ BZ7RZ7RZRZ0 202020707 RN 50 |21.90|19.20|20.26 | 21.00 100 |41.90|39.20 | 40.26 | 41.00
N 54 |23.50|20.80 | 21.86 | 22.60
— 56 | 24.30|21.60| 22.66 | 23.40
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RECOMMENDED PCB PATTERN DIM.
connectivity LXFCONN ELECTRONICS (SHENZHEN)CO.,LTD
TOLERANCE : +0.05
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SCALE:1.25:1

5.60
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NOTES:

1.HUOSING: PA9T HIGH-TEMP THERMOPLASTIC UL94V-0 COLOR:BLACK

2. TERMINAL:PHOSPHOR COPPER

PLATING: 1+"GOLD FLASH OVERALL 50~100x"NICKEL UNDER PLATED.
3.CODING INFORMATION:  LB3xx—GxxS—BxR

T— PACKING: R: CARRIER REEL

0:STANDARD SPECIFICATIONS
T:WITH POSITIONING POSTS
2:WITHOUT POSITIONING POSTS

COLOR:BLACK

SOCKET
PIN
PLATING: G:GOLD FLASH

— 0.8 BIB HEIGHT: 30—-3.0H;35—-3.5H;

40—--4.0H;45——4.5H;

5.80
(2.00)

RoHS
Compliant
2013/95/EC
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RECOMMENDED PCB PATTERN DIM.

24

TOLERANCE : +0.05

50—-5.0H;
—— LXWCONN BTB CONNECTOR SERIES
VATING PLUG | SOCKET | NO.of Dimensions NO.of Dimensions
HEIGHT | (H.) (H) pontacts a B. . D. E. fontocts B. c. D. E.
8 | 5.10 | 2.40 | 3.46 | 4.20 58 |25.10|22.40] 23.46 | 24.20
+.0 1.0 30 710 [590 | 3.20 | 4.26 | 5.00 60 |25.90]23.20 | 24.26 | 25.00
45 1.0 35 |12 | 6.70 | 4.00 | 5.06 | 5.80 62 |26.70|24.00]25.06 | 25.80
5.0 1.0 40 | 14 | 750 [ 480 [ 586 | 6.60 | 00 [Tg4 [27.50|24.80 | 25.86 | 26.60
55 10 45 | 16 | 8.30 | 5.60 | 6:66 | 7.40 66 | 28.30 | 25.60| 26.66 | 27.40
60 10 5o | 18 | 910 | 6.40 | 7.46 | 820 68 |29.10|26.40]27.46 | 28.20
5o | 20 | 40 |20 | 990 [ 720 [ 82690 70 [29.90|27.20]28.26 | 29.00
P 22 |10.70| 8.00 | 9.06 | 9.80 72 30.70|28.00| 29.06 | 29.80
= 65 | 20 | 45 o IT750] 8.80 | 9.86 |10.60 74 [3150(28.80 | 29.86 | 30.60
S 7.0 4.0 30 [79p [12.30] 9.60 |10.66 | 11.40 76 | 32.30|29.60 | 30.66 | 31.40
I 75 40 | 35 ["p8 [13.10|10.4011.4612.20 78 [33.10] 3040 | 31.46 | 32.00| 500
8.0 40 | 40 [ 30 |13.90]11.20(12.26]13.00 80 [33.90[31.20]32.2633.00
— 85 40 | 45 | 32 [14.70]12.00[13.06]713.80 80 [3£.70|32.00]33.06|33.80
50 10 | 50 | 34 15501280 13861460 84 | 3550 32.80 | 33.86 | 34.60
36 |16.30 | 13.60 | 14.66 | 15.40 86 | 36.30 | 33.60 | 34.66 | 35.40
38 [17.10(14.40 [15.46]16.20 | 500 ["gg [37.10 34.40 | 35.46 | 36.20
40 |17.90[15.20 | 16.26 | 17.00 90 |37.90|35.20]36.26 | 37.00
_ 40 |18.70[16.00 | 17.06 | 17.80 90 |38.70|36.00]37.06|37.80
44 [19.5016.80 [17.86 | 18.60 94 | 39.50|36.80 | 37.86 | 38.60
46 |20.30|17.60 | 18.66 | 19.40 96 | 40.30 | 37.60] 38.66 | 39.40
48 |21.10|18.40|19.46 | 20.20 98 | 41.10|38.40 39.46 | 40.20
50 |21.80(19.20]20.26 | 21.00 100 [41.90 | 39.20 | 40.26 | 41.00
54 [23.50]20.80 | 21.86 | 22.60
56 |24.30|21.60]22.66 | 23.40

= DXWEXERT (RYD AR A

connectivity LXFCONN ELECTRONICS (SHENZHEN)CO.,LTD
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