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SPECIFICATION FOR APPROVAL

E-gRES H#
CUSTOMER DATE 2025/8/10
YRGS EPARES XRRF1280 3.3uH £30% 21.5A
CUSTOMER P/N DESCRIPTION
REWEIRS RE M4 .
OUR PART NO XRRF1280-3R3M OUR PART NAME Smd Coupling Inductor
Features: Applications:
e Multiple applications: parallel, series,dual-inductor and oSEPIC topology.

transformer.

eMagnetically shielded, low radiation.

eInductance range: 0.47 to 4000 pH.

ePower supplies for:

- Communication equipment.
- Notebooks, desktop computers,servers.
- LCDs, flat panels, backlights.

- Camcorders, HDTVs.
eRated current up to 17.9 A.
oRoHS compliant*.
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Electrical Schematic:
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General Specifications:
oTest Voltage: 0.25V;

eHi-pot: 500 Vrms, 3 mA, 3 sec;

eOperating Temperature:
eStorage Temperature:

eMoisture Sensitivity Level:
o ESD Classification (HBM):

-40Cto +125°C(Temperature rise included);

-40Cto +125°C;

14
N/A;
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& 447K EE 2025/8/10
CUSTOMER DATE
&R S EARES XRRF1280 3.3uH +30% 21.5A
CUSTOMER P/N DESCRIPTION
RAVRG S XRRF1280-3R3M Al Smd Coupling Inductor
OUR PART NO OUR PART NAME
Electrical Specifications @ 25 °C;
Parallel Rating
Inductance
Tol. DCR (Q) Irms Isat
PART NO. @ 100 KHz
L (uH) (£) Max. (A) (A)
XRRF1280-3R3M 3.3 30% 0.011 10.4 21.5
Series Rating
Inductance
Tol. DCR (Q) Irms Isat
PART NO. @ 100 KHz
L (uH) (£) Max. (A) (A)
XRRF1280-3R3M 13.2 30% 0.04 5.23 10.8
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DUAL INDUCTOR MODE SERIES MODE

Materials#1 %} :

Adhesive

Terminal

Epoxy resin

Rated Current

Temperature Rise ........cooveevveivveincenccenssnnnens

Packaging

Inductance drops 30 % at Isat
40 °C at rated Irms
400 pcs. per 13-inch reel




