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— — Current Rating: 1.5 Amps 2-01.20 R
) Insulation Resistance:  1000Me Min \@ @ M
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Max.Processing Temp: 240°C for30—60seconds RECOMMEND P.C.B LAYOUT
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P/N PIN DIM.A DIM.B
PM=2.0-2*01-4.3—SM 2*1 0.00 2.00
PM=2.0-2*02—4.3—SM 2*%2 2.00 4.00
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A N PM—=2.0-2*03—4.3—SM 2*%3 4.00 6.00
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