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(Materials & Plating)
HL-MMCX-KWE-02 (Part Name) (Material) (Plating)
(Body) (Brass) (Gold Plated)
A (Insulator) (PTFE)
(Contact Pin) (Beryllium Copper) (Gold Plated)
(Electrical)
- - 3 1 3 t O ! ]- 1. (Impedence) 50Q
2. (Frequency) DC-6GHz
+ 3. (Center Contact Resistance)< 3mQ
- - 3.02+0.02 (Outer Contact Resistance)s 2mQ
B " 4, (Insulation Resistance) > 5000MQ
8 : 82—_0 Ql_ 5. (Dielectric Withstanding Voltage) 1000V(Volts RMS)
6. (VSWR) < 1.25
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