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FEATURES

With LED lighting

Super torque max:
manual output torque
can be reached 10Nm

Imitate the
appearance of a
traditional
screwdriver, feel
better

Bit material: high
hardness and good
toughness

Manual and automatic
integration, suitable
for home installation,
site operation

Multi-function
accessory set

RS PRO 3.6V Cordless electric screwdriver
RS Stock No.: 2116735

RS Professionally Approved Products bring to you professional
quality parts across all product categories. Our product range has
been tested by engineers and provides a comparable quality to the
leading brands without paying a premium price.
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Product Description

e Product overall size in 40.5dia x 146mm L
e Product weight :150gram
e Charger method: micro USB
e Charging time: apprx 60min.
Working time: apprx 40min.

General Specifications

Cordless electric screwdriver X1
Bit dual size in 100mm X1
Bit holder X1

PH x 3:PH1, PH2, PH3
SLx3:SL3, 4,5

Bit x12pcs TX x 3:T20, 25, 30
Tamper x 3: H3, 4, 5,
USB cable X1
Mechanical Specifications
No -load speed 0-240rpm
Max torgue -electric 2Nm
Max torque -manual 10Nm
*:
Function combination *forward
reserve
Light LED light
Manual screwdriver mode Spindle lock
Electrical Specifications
voltage 3.6V
Battery 800mAh Lithium
Charger 1 hour
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Additional Information

Custom Tariff Number

Approvals

84671190

Certificate
Standards Met

CE
Machinery Directive 2006/42/EC, Electromagnetic Compatibility

2014/30/EU EN 62841-2-2:2014, EN 62841-1:2015, EN 55014-1:2017,
EN 55014-2:2015
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