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1.ELECTRICAL CHARACTERISTICS;
  1.1 CONTACTRESISTANCE:30mΩ MAXIMUM
  1.2 CONTACT CURRENT RATING:1.5A
  1.3 DIELECTRIC WITHSTANDING VOLTAGE:500 V R.M.S.
  1.4 INSULATION RESISTANCE 1000 MEGOHMS MIN
  1.5 OPERATING TEMPEROTURE:-30°C ～ 85°C
2 MECHANICAL CHARACTERISTICS:
  2.1 MATING FORCE:4.5kgf MAX
  2.2 UNMATED FORCE:0.45kgf MIN
  2.3 DURABILITY:MANDATORY:1500 CYCLES
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尺寸作为参考 以过板治具为准
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Recommended P.C.B Layout (component side)
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SLIM VGA 15PF正向沉板DIP CH1.5
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