
10/100/1000 Lan Transformer

CKM Index number：R-BASE1000-M004 Part NO：HM82409S

1 Features
 Meets IEEE802.3 andANSIX3.263 standards .RoHSCompliant
 10/100/1000Base-T,SurfaceMountType,OpenHeader
 Cableinterfacefor isolationandlow commonmode emissions.
 Reflowsolderingtemperature:peaktemperature ≤ 250℃ (10s)
 Reflowsolderingfrequency: Itis recommendednotto exceed 3times
 Storagetemperaturerange: -40℃to +85℃
 Operatingtemperaturerange:0℃to +70℃
2 Specifications(特性参数)

Part No OCL(uH min)
@100KHz/0.1V

Turns Ratio(3%) DCR (Ω) Max Cww(Pri:Sec)
pF Typ

lsolation
Voltage(AC Vrms 1S)

HM82409S 350UH 1:1 0.9/1.2 35 1500V

Part No InsertionLoss(dB
Max)1-100MHz

Return Loss(dB Min)MHz CMRR(dB min)MHz
Crosstalk

(dB min)MHz

1-30 40~60 60~100 1-60 60~100 1~100

HM82409S -1.5 -18 -16 -12 -40 -30 -35

3 Mechanical(外观尺寸图)

※unit： mm
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4 Schematic（原理图）

5 packing（包装信息）

※unit： mm

※ Packaging quantity : 1100pcs/ roll 6 6 0 0 pcs/ box

※ Outer box size: * L * * W * * H
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